EvoFlat 4.0

ENGINEERING
TOMORROW

Classified as Business



EvoFlat 4.0 ENGINEERING M
TOMORROW

Accessories:

Circulation set is shown for EvoFlat 4.0
SAC mounting at the bottom
connection

*Only for 690/850W Recess boxes

HTC set

Classified as Business



EvoFlat 4.0

ENGINEERING
TOMORROW

Danfold

Code no:

183B2000
183B2001
183B2003
183B2004
183B2500
183B2501
183B2502

183B2503

183B3000
183B3001
183B3003
183B3004
183B3500
183B3501
183B3502

183B3503

EvoFlat 4.0 M1
EvoFlat 4.0 M2
EvoFlat 4.0 M3
EvoFlat 4.0 M4
EvoFlat 4.0 M1 StS
EvoFlat 4.0 M2 StS
EvoFlat 4.0 M3 StS

EvoFlat 4.0 M4 StS

EvoFlat 4.0 W1
EvoFlat 4.0 W2
EvoFlat 4.0 W3
EvoFlat 4.0 W4
EvoFlat 4.0 W1 StS
EvoFlat 4.0 W2 StS
EvoFlat 4.0 W3 StS

EvoFlat 4.0 W4 StS

183B1000
183B1001
183B1002
183B1003
183B1500
183B1501
183B1502

183B1503

183Bxxxx
183Bxxxx
183Bxxxx

183Bxxxx

Accessories:

183B0500
183B0501

183B0502

Classified as Business

EvoFlat 4.0 F1
EvoFlat 4.0 F2
EvoFlat 4.0 F3
EvoFlat 4.0 F4
EvoFlat 4.0 StS
EvoFlat 4.0 StS
EvoFlat 4.0 F3 StS

EvoFlat 4.0 F4 StS

EvoFlat 4.0 Four pipe 3
EvoFlat 4.0 Four pipe 4
EvoFlat 4.0 Four pipe 3 StS

EvoFlat 4.0 Four pipe 4 StS

Circulation set EvoFlat 4.0 SAC
HTC set EvoFlat 4.0

HTC flex pipe (2 pcs.)



EvoFlat 4.0

ENGINEERING
TOMORROW

Flowrates: Type 1

Pressure loss supply side (primary heating water)

Pressure loss drinking water side (secondary)

140 300 TT T 11
120 7 I
. é_ 250
- Q
& 100 | £ %
i 4 i
) 80 1 5 5
E S E
M 3
: @ g £
i & :
£ 40 g §
= £
F
204 50 1
0 ‘ : : ‘ : ‘ : 0 ! L | LI T !
0 200 400 600 800 1000 1200 1400 1600 1800 0 5 15 20 25 30 35
Flow rate supply side [I/h] Tapping rate drinking water [I/min]
Flow rate supply side at different supply temperatures Return temperature supply side at different supply temperatures
DHW heating from 10°C to 45"C DHW heating from 10°C to 457C
E!]

Fless rataiusply ihda 1]

Rstirs amparaasiupply ke (]

s b

RN
E] 2 13 18 2 12 1
Tapgpireg rake Srinking waies | limin|
Flow rate supply side at different supply tempesatures Return temperature supply side at different supply temperatures
DHW heating from 10°C te 50°C DHW heating from 10°C to 50°C
£l

Floss raba supply o i [1 7]

R bamparatara sl ke T

Classified as Business




EvoFlat 4.0

ENGINEERING
TOMORROW

Flowrates: Type 2

Pressure loss supply side (primary heating water)
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Classified as Business

33

Tapping rate drinking water [/min]



EvoFlat 4.0

Flowrates: Type 3

ENGINEERING
TOMORROW

Pressure loss supply sida [kPa]
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Classified as Business



EvoFlat 4.0

Flowrates: Type 4

ENGINEERING
TOMORROW
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Classified as Business



Spare parts EvoFlat 4.0 M

Classified as Business

POS. | PART NUMBER Description
1 183B0513 Air vent set incl. Clips
2 183B0503 Spare parts set Type 1 Cu (HEX, Strainer, Gasket)
2 183B0504 Spare parts set Type 2 Cu (HEX, Strainer, Gasket)
2 183B0505 Spare parts set Type 3 Cu (HEX, Strainer, Gasket)
2 183B0506 Spare parts set Type 4 Cu (HEX, Strainer, Gasket)
2 183B0507 Spare parts set Type 1 StS (HEX, Strainer, Gasket)
2 183B0508 Spare parts set Type 2 StS (HEX, Strainer, Gasket)
2 183B0509 Spare parts set Type 3 StS (HEX, Strainer, Gasket)
2 183B0510 Spare parts set Type 4 StS (HEX, Strainer, Gasket)
3 145H5020 IFS Temperature switch + TWA-Q - NO
4 00311040 FTC Thermostat
5 183B0527 FTC valve incl. clips
6 183B0529 Zone valve incl. clips
7 183B0512 DHW Thermostat incl. clips
8 183B0517 Bypass thermostat
9 145H4296/145H4074 Pump Wilo Para 15-130/6-43 set/ Wire for Yonos Para
10 183B0523 Safety thermostat set
11 183B0516 Bypass valve incl. clips
12 183B0515 Strainer set
13 183B0511 DHW valve incl. clips
14 183B0514 SAC flow activator incl. screws and gaskets
183B0521 EPP Cover incl. overlay
183B0518 Plugs set 2 pcs./size
183B0519 Clips and O-ring set
183B0520 Set of gaskets




Spare parts EvoFlat 4.0 F

11 10

Classified as Business

POS. | PART NUMBER Description
1 183B0513 Air vent set incl. Clips
2 183B0503 Spare parts set Type 1 Cu (HEX, Strainer, Gasket)
2 183B0504 Spare parts set Type 2 Cu (HEX, Strainer, Gasket)
2 183B0505 Spare parts set Type 3 Cu (HEX, Strainer, Gasket)
2 183B0506 Spare parts set Type 4 Cu (HEX, Strainer, Gasket)
2 183B0507 Spare parts set Type 1 StS (HEX, Strainer, Gasket)
2 183B0508 Spare parts set Type 2 StS (HEX, Strainer, Gasket)
2 183B0509 Spare parts set Type 3 StS (HEX, Strainer, Gasket)
2 183B0510 Spare parts set Type 4 StS (HEX, Strainer, Gasket)
3 003L1040 Thermostat
4 183B0525 Plug f. Valve
5 183B0529 Zone valve incl. clips
6 183B0512 DHW Thermostat incl. clips
7 183B0517 Bypass thermostat
8 183B0516 Bypass valve incl. clips
9 183B0515 Strainer set
10 183B0511 DHW valve incl. clips
11 183B0514 SAC flow activator incl. screws and gaskets
183B0521 EPP Cover incl. overlay
183B0518 Plugs set 2 pcs./size
183B0519 Clips and O-ring set
183B0520 Set of gaskets




Spare parts EvoFlat 4.0 W

Classified as Business

POS. | PART NUMBER Description
1 183B0513 Air vent set
2 183B0503 Spare parts set Type 1 Cu (HEX, Strainer, Gasket)
2 183B0504 Spare parts set Type 2 Cu (HEX, Strainer, Gasket)
2 183B0505 Spare parts set Type 3 Cu (HEX, Strainer, Gasket)
2 183B0506 Spare parts set Type 4 Cu (HEX, Strainer, Gasket)
2 183B0507 Spare parts set Type 1 StS (HEX, Strainer, Gasket)
2 183B0508 Spare parts set Type 2 StS (HEX, Strainer, Gasket)
2 183B0509 Spare parts set Type 3 StS (HEX, Strainer, Gasket)
2 183B0510 Spare parts set Type 4 StS (HEX, Strainer, Gasket)
3 183B0512 DHW Thermostat incl. clips
4 183B0517 Bypass thermostat
5 183B0516 Bypass Valve incl. clips
6 183B0515 Strainer set
7 183B0511 DHW valve incl. clips
8 183B0514 IFS SAC flow activator incl. screws and gaskets
183B0521 EPP Cover incl. overlay
183B0518 Plugs set 2 pcs./size
183B0519 Clips and O-ring set
183B0520 Set of gaskets




Spare parts EvoFlat 4.0 Four pipe

Classified as Business

POS. | PART NUMBER Description
1 183B0513 Air vent set incl. Clips
2 183B0503 Spare parts set Type 1 Cu (HEX, Strainer, Gasket)
2 183B0504 Spare parts set Type 2 Cu (HEX, Strainer, Gasket)
2 183B0505 Spare parts set Type 3 Cu (HEX, Strainer, Gasket)
2 183B0506 Spare parts set Type 4 Cu (HEX, Strainer, Gasket)
2 183B0507 Spare parts set Type 1 StS (HEX, Strainer, Gasket)
2 183B0508 Spare parts set Type 2 StS (HEX, Strainer, Gasket)
2 183B0509 Spare parts set Type 3 StS (HEX, Strainer, Gasket)
2 183B0510 Spare parts set Type 4 StS (HEX, Strainer, Gasket)
3 183B0512 DHW Thermostat incl. clips
4 183B0517 Bypass thermostat
5 183B0516 Bypass Valve incl. clips
6 00371413 AB-PM DN20 HP
7 183B0515 Strainer set
8 183B0511 DHW valve incl. clips
9 183B0514 IFS SAC flow activator incl. screws and gaskets
183U8010 EPP cover top et faellses saet
183U8016 EPP cover left
183U8014 EPP cover right
183B0518 Plugs set 2 pcs./size
183B0519 Clips and O-ring set
183B0524 Set of gaskets




