Logic Elements M

LE402

Logic Element, Normally Closed, Spool Type, Pilot Valve Adapter
350 bar [5000 psi] + 350 I/min [93 US gpm]

H DESCRIPTION AND OPERATION

This is a high flow, 2-port logic element where a pilot control valve can be installed into the cavity on the top of the valve. The valve is normally closed
from port 1 to 2, with an orifice through the spool connecting port 1 to the inlet port 1 of the control valve. Installing a direct acting relief valve will make
this valve a high flow relief valve, a solenoid valve a high flow on/off valve, and a proportional control valve a high flow proportional control valve.
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Tank (2)
Installation torque
60 Nm [44 ft Ibs] Pressure (1)
Il PERFORMANCE DATA Bl PERFORMANCE CURVES
. Pressure Drop
Rated pressure 350 bar [5000 psi] :
. Flow - L/min
Rated flow 350 I/min [93 Us gpm] 0 30 90 150 210 270
Pilot Valve Cavity SDC08-2 145 10
Leakage 350 mI/min nominal 116 s
Weight 0.29 kg [0.63 Ib] 2 — &
Cavity SDC20-2 5 87 — 6 4
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B MODEL CODE Free Flow 1 to 2 Flow - US gpm
s N
LE452 - N - 0.2 - 1DR2-P-40S - 10W - 377
Basic Code
LE402 - No hqusing )
LE452 - Cartridge and housing Housing Material
Omit - Aluminum/No housing
Seal Option 377 - Steel
Code Seal Kit
N-Buna-N  SK633
V- Viton SK633V .
Housing
Spring Bias Code Ports Aluminum Steel
0.2- 2 bar 29 psi] Omit _ Nohousing
ow 1-1/4"BSP (24005 (24006
Pilot Cartridge 12W  1-1/2'BSP (24007 (24008
Omit - None 20T 1-UA"SAE (4011 (24012
gg;f"‘” 4T 12'SAE (24013 (24014
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