
Data sheet

Oil free ball valve
OFB
For oil free systems, öts Turbocor® TTS/TGS/TTH/TGH compressors



Description

OFB shut off ball valves are a suction solution for superior reliability of oil-free system featuring Danfoss Turbocor® compressors.
OFB shut off ball valves efficiently prevent from refrigerant migration during extended standby periods and therefore, from the risk of
liquid slug upon compressor restart.

Features & beneöts

High reliability through the stem and seat designed for high cycles

Strong reliable sealing
Tight shut off ball valve
Low torque enabling long lifetime of both valve and actuator

Easy integration and installation through the modular øange system compatible with different piping standards. Inlet øange

size 4" or 5" ötted for different Turbocor® compressors

Welding and brazing interface to standard pipes and elbows
Ready to equip with Actuator - ISO 5211 -F07/17 mm. Actuator can be mounted to make the OFB to be controlled
electrically

High system efficiency through the smooth intake øow with low pressure difference and low øow turbulence
Effective design is direct mounting to the compressor

Low torque - a quarter turn actuator rated at 80 Nm can be sufficient and lead to a long lifetime
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Applications

Typical applications for OFB valves are:

Only for oil free system
Air-cooled chillers
Water-cooled chillers
Water-to-water heat pumps
Air-to-water heat pumps

Figure: Application diagram
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Ordering

Product code numbers

OFB 80A Main body Flange

= +

009L6102 – 009L6113 009L6100

Type Connection
size [in]

Connection
standard

Connection
type

Max.
Working
Pressure
[bar]

Max.
Working
Pressure
[psig]

Temperature
range [°C] [min]

Temperature
range [°C]
[max]

Temperature
range [°F] [min]

Temperature
range [°F]
[max]

Packing format Code
number

OFB 80 23.0 334 -40 100 -40 212 Single pack 009L6100

OFB 80 3 in ANSI Butt weld 23.0 334 -40 100 -40 212 Single pack 009L6102

OFB 80 3 in ASTM Soldering 23.0 334 -40 100 -40 212 Single pack 009L6103

OFB 80 3 in DIN Butt weld 23.0 334 -40 100 -40 212 Single pack 009L6104

OFB 80 3 in EN Soldering 23.0 334 -40 100 -40 212 Single pack 009L6105

OFB 80 4 in ANSI Butt weld 23.0 334 -40 100 -40 212 Single pack 009L6106

OFB 80 4 in ASTM Soldering 23.0 334 -40 100 -40 212 Single pack 009L6107

OFB 80 4 in DIN Butt weld 23.0 334 -40 100 -40 212 Single pack 009L6108

OFB 80 4 in EN Soldering 23.0 334 -40 100 -40 212 Single pack 009L6109

OFB 80 5 in ANSI Butt weld 23.0 334 -40 100 -40 212 Single pack 009L6110

OFB 80 5 in ASTM Soldering 23.0 334 -40 100 -40 212 Single pack 009L6111

OFB 80 5 in EN Soldering 23.0 334 -40 100 -40 212 Single pack 009L6112

OFB 80 5 in DIN Butt weld 23.0 334 -40 100 -40 212 Single pack 009L6113

Note: Kv m
3/h value of OFB main body is 520.

Items included in OFB main body package:
O-ring for øange (1 pc)
O-ring for compressor (1 pc)
Silicon oil (2 gram)
M16 x 90 bolts for øange (4 pcs)
M16 hex nut for øange (4 pcs)
M16 x 55 bolts for compressor (4 pcs)
M16 plain washer (12 pcs)
M16 spring washer (12 pcs)
Tensilock screws M8 x 20 for actuator (4 pcs)
Manual kit items

For details regarding øange connections, please see the Connection chapter.
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Accessories code numbers

Actuator for OFB
OFB has diagonal square actuator interface, enabling mounting most 1/4 turn actuators. Danfoss proposes four models of actuators 
which expected release in 2026.

Figure: Actuator

Table: Ordering for actuator

Code Number Power supply Torque (Nm) IP level Running time (s) Fail-safe option

009L2887 AC / DC 24 V 80 67 10 Yes

009L2889 AC / DC 24 V 80 67 10 No

009L2886 AC / DC 95 – 265 V 80 67 10 Yes

009L2888 AC / DC 95 – 265 V 80 67 10 No
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Spare parts code numbers

Figure: Spare parts kit

1 Manual kit (only used for manual
operated OFB)

2 Bolts to mount actuator on bonnet

3 O-ring for sealing between OFB
and compressor

4 Bolts to mount OFB on compressor

5 Seal spring

6 O-ring for øange

7 Bolts for øange

8 Bonnet
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Type Part name Code number

Bonnet 009L6134

Seal spring 009L6135

O-ring for sealing between OFB and compressor

OFB O-ring kit 009L6130

O-ring for øange

OFB O-ring kit 009L6130

Bolts to mount OFB on compressor and bolts to mount actuator on
bonnet.

OFB bolts kit 009L6132

Bolts to mount the øange on OFB

OFB bolts kit 009L6132
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Figure: Flange kit

Flange is delivered with the OFB main body upon purchase, individual øanges are available for order as spare part.

Table: Flange kit

Flange type
Flange dimensions Single pack

Code number
[in] [mm] Qty / pack

ANSI BW

3 89 1 009L6150

4 114 1 009L6154

5 141 1 009L6158

DIN BW

3 89 1 009L6152

4 114 1 009L6156

5 141 1 009L6161

EN Cu

3 80 1 009L6153

4 108 1 009L6157

5 134 1 009L6160

ASTM

3 80 1 009L6151

4 105 1 009L6155

5 131 1 009L6159
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Overview

Product portfolio

Figure:  Portfolio overview

NOTE: 
We only deliver the OFB with motor bonnet, customer can mount the actuator to make the OFB be controlled electrically, or customer 
can mount the manual kit which included in the package to make the OFB be controlled manually.

OFB 80A with actuator OFB 80A with manual kit

Items for manual version delivered in

package.
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Identiöcation
Relevant product data is available on the product and box label. An example of a box label and product label are shown, including an 
explanation of the content.

Figure: Box label Figure: Product label

Table: Product and label text

Position Inscription Explanation

Box label; Product label Oil free ball valve Product name

Box label; Product label 009L6100 Code number for ordering

Box label; Product label OFB 80A Product type

Box label Straightway Direction

Box label Flange Connection type of inlet connector
Box label; Product label PS 23 bar / MWP 334 psig Max. working pressure in bar and psig

Box label N4425D Code for production place and time: week 44, year
2025, Thursday

Product label Inlet size: 4 5⁄8 in / 117 mm
outlet size: 3 1⁄8 in / 80 mm The dimension of inlet and outlet connector

Box label; Product label MADE IN DENMARK Manufacturing site acc. to EN standards

Box label EAN code Barcode for individual code no. identiöcation
according to EAN standard

Product label TS: -40 – 100 °C / -40 – 212 °F Operating media temperature range, min and max.

Product label DN80 Connection size

Product label Fluid group: 2 PED category

Box label; Product label Additional information: Relevant approval
authority logos  
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Functions

The OFB is intended for use on Danfoss Turbocor® TTS, TTH, TGS and TGH compressors, it is mounted at the suction pipe of Turbocor® 
compressors.

Table: Used for Danfoss Turbocor® compressors:

Figure: Fit on compressor

Image Compressor type Refrigerant

TTS300: 60 – 90 TR

R134a, R513A

TTS350: 70 – 120 TR

TTS400: 90 – 150 TR

TTS450: 100 – 150 TR

TTS700: 130 – 200 TR

 TTH375: 75 – 115 TR

TGS230: 40 – 70 TR

R515B, R1234ze(E)

TGS310: 60 – 90 TR

TGS380: 88 – 110 TR

TGS390: 70 – 120 TR

TGS490: 110 – 140 TR

TGS520: 90 – 150 TR

TGH285: 70 – 90 TR
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Media

Refrigerants

Oil: OFB valve is designed for an oil-free environment

Note:

For a complete list of approved refrigerants, visit http://store.danfoss.com/ and search for individual code numbers, where refrigerants 

are listed as part of product details.

Designation: OFB 80A 

(1) Manual kit is delivered as accessories

Valve type Refrigerants Max. working
pressure (PS/MWP)

Media
temperature range Approval

OFB 80A R134a, R513A, R515B,

R1234ze(E)

23 bar / 334 psig -40 – 100 °C
(-40 – 212 °F)

PED certiöcate for

[Fluid Group 2] Cat.I

UL Recognized

OFB Oil free check valves OFB

80 Valve port sizes 80 = DIN 80

A Actuated version(1)
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Product details

General data

Table: Technical data

Technical data Values

Max. working pressure 23 bar / 334 psig

Media temperature -40 – 100 °C (-40 – 212 °F)
Ambient temperature -40 – 100 °C (-40 – 212 °F)

Humidity 5 – 95% (non-condensing)

Storage ambient temperature -30 – 51 °C (5 – 124 °F)

Flow direction Single øow

Valve direction Straight way

State of delivery Closed

Weight 18 kg

Serviceable Seats, bonnet, øange O-ring

Compressor interface To öt directly on inlet of the listed Turbocor compressors
Connection: 4" or 5"

Tube brazing and øange
connection

3" inlet øange for brazing of 3" steel or cooper pipe

4" inlet øange for brazing of 4" steel or copper pipe

5" inlet øange for brazing of 5" steel or copper pipe
Three sizes øanges are also available as spare part and shall be purchased separately
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Design
Figure: Product drawing

Position Description Material

1 Housing Aluminium

2 Schrader valve Brass

3 Seat 1 PTFE

4 Ball Stainless steel

5 Seat 2 PTFE

6.1 Male axial spring Stainless steel

6.2 Female axial spring Stainless steel
7 Spring ring Cold rolled steel

8 Wave spring Carbon steel

9 Flange Steel

10 O-ring for øange EPDM

11 Bolt for øange Stainless steel

12 Plain washer for øange Stainless steel

13 Spring washer for øange Stainless steel

14 Bonnet Stainless steel

15 Spindle Stainless steel

16 Stop ring Stainless steel
17 Push bushing Stainless steel

18 Wave spring Steel

19 Axial seal 1 PEEK

20 O-ring for bonnet EPDM

21 Flexi seal PTFE

22 Axial seal 2 PEEK

23 Bolt for bonnet Stainless steel

24 Plain washer for bonnet Stainless steel

25 Spring washer for bonnet Stainless steel
26 Bolt for actuator Stainless steel
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Dimensions

You will önd downloadable dimension drawings for individual code numbers on Danfoss store as part of the visuals tab for individual 
code numbers.

Figure: OFB dimension without inlet øange

Figure: Dimension of øanges (ANSI BW)

Flange size [in] A [mm] B [mm] C [mm] ØD [mm] ØE [mm] F [mm]

3 167 167 45 88.9 73.5 12

4 167 167 55 114.3 73.5 15

5 167 167 100 141.3 73.5 26
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Figure: Dimension of øanges (DIN BW)

Figure: Dimension of øanges (EN Cu brazing)

Flange size [in] A [mm] B [mm] C [mm] ØD [mm] ØE [mm] F [mm] G [mm]

3 167 167 45 88.9 73.5 12 8.2

4 167 167 55 114.3 73.5 15 7.2

5 167 167 100 141.3 73.5 26 2.8

Flange size [in] A [mm] B [mm] C [mm] ØD [mm] ØE [mm] F [mm]

3 167 167 45 80.2 73.5 11

4 167 167 55 108.65 73.5 18

5 167 167 100 133.65 73.5 23
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Figure: Dimension of øanges (ASTM brazing)

Flange size [in] A [mm] B [mm] C [mm] ØD [mm] ØE [mm] F [mm]

3 167 167 45 79.5 73.5 11

4 167 167 55 104.95 73.5 18

5 167 167 100 130.5 73.5 23
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Connections

Figure: ANSI BW øange connection

Figure: DIN BW øange connection

Figure: EN Cu brazing øange connection

Figure: ASTM brazing øange connection

OFB with 3" ANSI BW øange OFB with 4" ANSI BW øange OFB with 5" ANSI BW øange

OFB with 3" DIN BW øange OFB with 4" DIN BW øange OFB with 5" DIN BW øange

OFB with 3" EN Cu brazing øange OFB with 4" EN Cu brazing øange OFB with 5" EN Cu brazing øange

OFB with 3" ASTM brazing øange OFB with 4" ASTM brazing øange OFB with 5" ASTM brazing øange
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Certiöcates, declarations and approvals

Table: OFB öt with turbocor compressors based on øange size

Compressor size, aligned with Turbocor application guide minimum pipe size

OFB with 4" inlet øange suitable for TGS230 TTS300 TGS310 TTS350 TTH375 TGH285 –

OFB with 5" inlet øange suitable for TTS400 TGS390 TTS700 TGS520 TTS450 TGS380 TGS490

The list contains all certiöcates, declarations, and approvals for this product type. Individual code number may have some or all of these 
approvals, and certain local approvals may not appear on the list. 

When you click on the link you will be directed to the latest version of the ‘Declaration of Conformity’. Products developed and sold 
before this date of issue conform to the directives/standards in force at the time of their sale.

Approval type Title Certiöcation body Approval topic

Export Control Declaration Oil Free Ball valves (OFB) - shut

off valve and Flanges

Danfoss

Manufacturer's Declaration MD 009R6102 AB Danfoss PED

EU Declaration Danfoss EU 033F0685.BA Danfoss Pressure
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Contact details

Online support
Danfoss offers a wide range of support along with our products, including digital information, software, mobile apps and expert 
guidance. See the possibilities below.

The Danfoss Design center

Discover the Design Center, our advanced digital platform that streamlines product selection. With integrated tools and enhanced type 
pages, it's simpler than ever to access product information and documentation, and to select the right products. Check the availability 
of Danfoss products at partner locations and enjoy seamless transitions from selection to purchase with our basket-to-basket 
functionality. Whether you're buying from our distributors or directly from the Product Store, the Design Center simpliöes your 
experience. Learn more at: designcenter.danfoss.com.

The Danfoss product store

The Danfoss Product Store is a one-stop shop available 24/7 for our customers, no matter where you are in the world or what area of 
industry you work in. Browse our catalog, check product details and documentation, view your prices and product availability, and 
quickly önalize your purchase. Start browsing at: store.danfoss.com.

Danfoss Partner Portal/Product Data tool

Designed to support you with easy access to product data extracts, essential resources, tools, and information. The Partner Portal 
provides a centralized hub for product documentation, training materials, marketing assets, and technical support, ensuring you have 
everything you need to succeed and grow your business with Danfoss. The Partner Portal is available 24/7 at: partner.danfoss.com and 
is ready to support your business.

Find technical documentation

Find technical documentation you need to get your project up running. Get direct access to our official collection of data sheets, 
certiöcates and declarations, manuals and guides, 3D models and drawings, case stories, brochures, and much more. Start searching 
now at: documentation.danfoss.com.

Danfoss Learning

Danfoss Learning is a free online learning platform. It features courses and materials speciöcally designed to help engineers, installers, 
service technicians, and wholesalers better understand the products, applications industry topics, and trends that will help you do your 
job better. Find your local Danfoss website here: learning.danfoss.com.

Get local information and support

Local Danfoss websites are the main sources for help and information about our company and products. Find product availability, get 
the latest reginal news, or connect with a nearby expert - all in your own language. Find your local Danfoss website here: danfoss.com.

Danfoss A/S

Climate Solutions . danfoss.com . +45 7488 2222

Any information, including, but not limited to information on selection of product, its application or use, product design, weight, dimensions, capacity or any other technical data in 
product manuals, catalogues description, advertisements, etc. and whether made available in writing, orally, electronically, online or via download, shall be considered informative, and 

is only binding if and to the extent, explicit reference is made in a quotation or order conörmation. Danfoss cannot accept any responsibility for possible errors in catalogues, brochures, 
videos and other material. Danfoss reserves the right to alter its products without notice. This also applies to products ordered but not delivered provided that such alterations can be 
made without changes to form, öt or function of the products. All trademarks in this material are property of Danfoss A/S or Danfoss group companies. Danfoss and the Danfoss logo are 
trademarks of Danfoss A/S. All rights reserved.
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