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DESCRIPTION

FINISH
A10.150

INTERPRET DIM. & TOL. PER ASME Y14.5M-1994
ALL DIMENSIONS ARE IN MILLIMETERS

TOLERANCES UNLESS OTHERWISE SPECIFIED
.X�#�1.0  .XX�#�0.50  �a��#�1.0

MATERIALSIZESCALETHIRD ANGLE PROJECTION

INTERNAL INTERFACE CABLES ARE HIDDEN
IN THE DRAWING FOR BETTER CLARITY

NOTE:
1.BACK CHANNEL COOLING: BACK IN BACK OUT
2.CABLE FEED: BOTTOM ENTRY & BOTTOM OUT
3.PLINTH HEIGHT CAN BE OF100,200, & 400mm HEIGHT.

MOTOR OUTPUT

GROUND TERMINAL

MAINS INPUT

CONTROL
COMPARTMENT TERMINAL

CONTROL COMPARTMENT DOOR
IS NOT SHOWN IN THE DRAWING
FOR SHOWING INTERNAL COMPONENTS
IN CONTROL COMPARTMENT

GROUND TERMINALS

SEE DETAIL  B

BOTTOM VIEW OF OUTPUT
      TERMINAL

4X DETAIL  B
SCALE  0.750

SEE DETAIL  C

MAINS INPUT

6X DETAIL  C
SCALE  0.600
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AIR OUTLET
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SEE DETAIL  A

COOLING CLEARANCE

AIR OUTLET

AIR INLET

AIR INLET

4X DETAIL  A
SCALE  1.000



1 2 3 4 5 6 7 8 9 10 11 12 13 14 15 16

1 2 3 4 5 6 7 8 9 10 11 12 13 14 15 16

A

B

C

D

E

F

G

H

J

K

L

M

B

C

D

E

F

G

H

J

K

L

M

A

134.0�$�

1004.8
39.56[ ]

1008.0
39.69[ ]

3 OF 3132R0259
SHEETMODEL

132R0259
REVDRAWING NUMBER

002


	Sheet 1
	Views
	new_view_4
	left_6
	new_view_7
	new_view_18
	GNRL
	B
	new_view_29
	C


	Sheet 2
	Views
	new_view_9
	left_10
	new_view_11
	top_12
	A
	bottom_22
	left_23


	Sheet 3
	Views
	DOOR



		2019-06-18T13:51:36+0530
	Nazeer Azam




