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Technical requirements:
1.Product type:C116(16S);
2.FPI=23;
3.Tube:16X1.3X16 ports;
4.Tube material:9153;
5.Inlet and outlet tubes are copper;
6.Internal hold-up volume:0.22L；
7.PS:45bar，TS MIN/MAX:-40℃~121℃.
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